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’ MAGNA1T or MMAGNAS3

How to find the right MAGNA for your needs

MAGNA: The all-purpose circulator

As our most comprehensive range, it's no surprise that MAGNA offers a variety
of intelligent solutions for multiple applications. So, whether you're in need of
advanced monitoring and control, or merely looking to get the simpler jobs done,
this guide will help you find the perfect MAGNA solution for your needs.
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See what MAGNA can do for you product-selection.grundfos.com Possibility in every drop
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Best-in-class efficiency
Achieve significant energy
savings with an energy
efficiency index (EEI) of < 0.20
for single-head pumps, which
is the best in its class.
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Maximum efficiency
MAGNA3 offers the most
efficient operation, allowing
you to achieve substantial
energy savings.

Intelligent control modes
Save energy and time with
intelligent control modes
such as AUTOADAPT and
FLOWADAPT.

MAGNA1
The simple option that gets the job done

Perfect replacement pump
MAGNAT slots perfectly into
existing systems, making it
ideal for replacement jobs.

MAGNA3

The advanced solution for ultimate efficiency

Quick and easy installation
and commissioning

Set up MAGNA3 according

to your needs with the
Application Wizard.

Optimal system
performance

Add a CIM module and connect
seamlessly to any BMS system
for maximum performance.

Easy operation

Commission MAGNAT quickly
and easily with the one-button
interface.

Easy access to sizing,
reports and data

Connect MAGNA3 with
Grundfos GO and enjoy full
access to all the information
you need.

Wet-running design

No maintenance and increased
pump lifetime thanks to
MAGNA3’s wet-running design.



Performance comparison

Still not quite sure which MAGNA is the right one for you?
Hopefully, this performance comparison chart can help!

0.20 (Single pumps) Average Energy Efficiency Index (EEI)
@ Easy installation
3 speed Constant speed
3 curves Constant pressure
3 curves Proportional pressure
@ VFD controlled
X Constant temperature control
Alternating Twin pump functionality
X Optional communication module
1x relay-output, 1x digital input External I/O
Basic Grundfos GO options
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Alternating, Backup, Cascade
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0-10V/4-20mA input, 2 x relay outputs, 3 x digital inputs

Advanced
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